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FACE C

EVAPCO, INC. Eg&2

NTS

SCALE

CLOSED CIRCUIT COOLER

ATWB 7-6J36
2. HEAVIEST SECTION IS FAN/CASING SECTION

1. (M)- FAN MOTOR LOCATION
3. MPT DENOTES MALE PIPE THREAD
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DRAWN BY:

NO. OF SHIPPING SECTIONS

FACE A

17610 Ibs+ [7990] kg+

HEAVIEST SECTION
WEIGHT

56300 lbs+ [25540] kg+

OPERATING
WEIGHT

FACE B

41260 Ibs+ [18720] kg+

SHIPPING
WEIGHT






