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DWG. #
SERIAL #

FACE C

EVAPCO, INC. Eg&2

NTS

SCALE

CLOSED CIRCUIT COOLER

eco-ATWB 7-6J36
2. HEAVIEST SECTION IS FAN/CASING SECTION

1. (M)- FAN MOTOR LOCATION
3. MPT DENOTES MALE PIPE THREAD
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DRAWN BY:

NO. OF SHIPPING SECTIONS

FACE A

22450 Ibs+ [10185] kg+

HEAVIEST SECTION
WEIGHT

65980 Ibs+ [29930] kg+

OPERATING
WEIGHT

FACE B

50940 Ibs+ [23110] kg+

SHIPPING
WEIGHT






