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EVAPCO, INC.
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CLOSED CIRCUIT COOLER

LSWE 4-5K12
1. (M)- FAN MOTOR LOCATION
2. HEAVIEST SECTION IS COIL SECTION
3. MPT DENOTES MALE PIPE THREAD
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FPT VENT
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FPT DENOTES FEMALE PIPE THREAD
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