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DRAWN BY:

NO. OF SHIPPING SECTIONS

/2
[11036]
FACE A

36'-2 1
17050 Ibs+ [7735] kg+

HEAVIEST SECTION
WEIGHT

29735] kg+

[

65550 lbs+

EVAPCO, INC.

3" [80] MPT
DRAIN

OPERATING
WEIGHT
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