
[635]
2'-1"

[5486]
18'-0"

[699]
2'-3 1/2"

9'-2 3/4" [2813]

8'-3 7/8" [2538]

1'-3 1/4" [387]7" [178]

17'-6 5/8" [5351]

4" [101]

2'-4" [711]

1'-7 3/8" [492]

[1464]
4'-9 5/8"

[107]
4 1/4"

[132]
5 1/4"

[3607]
11'-10"

* 2'-3 3/8" [695]

* 1'-7 1/2" [495]

[1397]
* 4'-7"

[813]
* 2'-8"

AWT

WX41218X2406P-DRA-STEVAPCO, INC.ESW4 12-23L18X-LP 2/6/2026

-

22080 lbs+ [10020] kg+ 33810 lbs+ [15340] kg+ 15370 lbs+ [6975] kg+ 2

Preliminary




